


PARALLEL CABINET WITH SYSTEM MAINTENANCE BYPASS (PCSMB)

MUS SYSTEM
OUTPUT TYPE* CABINET

DESIGNATOR
STOCK

NUMBER
ASSEMBLY
NUMBER

DESIGN
VOLTAGE

CBOL & CBSB CBP1 CBP2 CBP3 CBP4 O/P BUS
RATING
(AMPS)

UPS
QTY

SIZE
FRAME

(C-H) SIZE
FRAME

(C-H) SIZE
FRAME

(C-H) SIZE
FRAME

(C-H) SIZE
FRAME

(C-H)

2x40K 80KVA C SUPC2MBP40K AC8223 550186 208 300AT/400AF KD3300 150AT/225AF ED3150 150AT/225AF ED3150 --- --- --- --- 400 2

2x80K 80KVA R SUPR2MBP80K 208 300AT/400AF KD3300 300AT/400AF KD3300 300AT/400AF KD3300 --- --- --- --- 400 2

2x60K 120KVA C SUPC2MBP60KX AC8219 550185 380/400/415 250AT/400AF KD3250 125AT/225AF FD3125 125AT/225AF FD3125 --- --- --- --- 400 2

2x80K 160KVA C SUPC2MBP80KX AC8218 550184 380/400/415 300AT/400AF KD3300 150AT/225AF FD3150 150AT/225AF FD3150 --- --- --- --- 400 2

3x60K 180KVA C SUPC3MBP60KX 380/400/415 350AT/400AF KD3350 125AT/225AF FD3125 125AT/225AF FD3125 125AT/225AF FD3125 --- --- 400 3

3x60K 120KVA R SUPR3MBP60KX 380/400/415 250AT/400AF KD3250 125AT/225AF FD3125 125AT/225AF FD3125 125AT/225AF FD3125 --- --- 400 3

3x80K 160KVA R SUPR3MBP80KX 380/400/415 300AT/400AF KD3300 150AT/225AF FD3150 150AT/225AF FD3150 150AT/225AF FD3150 --- --- 400 3

4x60K 180KVA R SUPR4MBP60KX 380/400/415 350AT/400AF KD3350 125AT/225AF FD3125 125AT/225AF FD3125 125AT/225AF FD3125 125AT/225AF FD3125 400 4

CABINET
DESIGNATOR

STOCK
NUMBER

ASSEMBLY
NUMBER

KAIC @ RATED VOLTS ENCL DIMS (IN) & WEIGHT (LBS) SHIPPING DIMS (IN) & WEIGHT (LBS)

@ RATED
VOLTS

CBOL &
CBSB CBPn HEIGHT WIDTH DEPTH TOTAL

WEIGHT HEIGHT WIDTH DEPTH TOTAL
WEIGHT

SUPC2MBP40K AC8223 550186 240 65 65 61.25 36.13 11.80 370 62.00 36.88 12.50 375

SUPR2MBP80K 240 65 65 61.25 36.13 11.80 370 62.00 36.88 12.50 375

SUPC2MBP60KX AC8219 550185 480 35 35 61.25 36.13 11.80 370 62.00 36.88 12.50 375

SUPC2MBP80KX AC8218 550184 480 35 35 61.25 36.13 11.80 370 62.00 36.88 12.50 375

SUPC3MBP60KX 480 35 35 61.25 36.13 11.80 370 62.00 36.88 12.50 375

SUPR3MBP60KX 480 35 35 61.25 36.13 11.80 370 62.00 36.88 12.50 375

SUPR3MBP80KX 480 35 35 61.25 36.13 11.80 370 62.00 36.88 12.50 375

SUPR4MBP60KX 480 35 35 61.25 36.13 11.80 370 62.00 36.88 12.50 375

*NOTES
    R     N+1 REDUNDANT MUS
    C     CAPACITY MUS
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