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WARRANTY REGISTRATION
Register your product today and be  

automatically entered to win an ISOBAR®  
surge protector in our monthly drawing!

tripplite.com/warranty



2



3



4



5

Item Description
A Audio In/Out Jack
B USB 3.2 Gen1 Type-A Port, BC 1.2-Compliant
C USB Type-C Port with PD 3.0 Charging
D LED Indicator - Illuminates blue when powered,  

green when active
E Power On/Off Button
F DC Power In Jack
G RJ45 Ethernet Port
H USB 3.2 Gen1 Type-A Ports
I HDMI Ports
J Mounting Screw Holes
K K-Lock for Securing Device
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Input USB-C 
Output (x2) HDMI

RJ45
(x3) USB 3.2 Gen 1 Type-A 
3.5 mm 

Video (HDMI) Single: 2560 x 1440 @ 50 Hz
Dual: 1920 x 1080 @ 60 Hz

Audio (3.5 mm) 2.1 Channel Surround Sound
Ethernet (RJ45) 10/100/1000 Mbps
Power Supply Input: 100-240V @ 50/60 Hz, 2A 

Output: 20V 5A
HDMI Specification 1.3
BC 1.2 Compliant Yes
Operating Temperature 32°F to 104°F (0°C to 40°C)
Storage Temperature -4°F to 158°F (-20°C to 70°C)
PD Charging Specification PD 3.0 up to 85W 

(20/15/9/5V 4.25A)
Power In DC 100W (20V 5A)
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